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1 Description

The CR95HF is an integrated transceiver IC for contactless applications.

The CR95HF manages the frame coding and decoding in Reader mode for standard 
applications such as NFC, proximity and vicinity standards.

The CR95HF embeds the Analog Front End for 13.56 MHz Air Interface.

The CR95HF supports ISO/IEC 14443 A and B, ISO/IEC 15693 (single or double 
subcarrier) and ISO/IEC 18092 protocols.

In order to meet environmental requirements, ST offers these devices in different grades of 
ECOPACK® packages, depending on their level of environmental compliance. ECOPACK® 
specifications, grade definitions and product status are available at: www.st.com. 
ECOPACK® is an ST trademark.

Figure 1. CR95HF application overview 

1.1 Block diagram

Figure 2. CR95HF block diagram
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