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4 holes for 2.5 mm diameter screws

Hole diameter = 3 mm, pad diameter= 5.5 mm
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U_Power
U_USB_OTG_FS e Power.SchDoc
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USB_FS1_N v, USB_FS1_N
USB_FS1_ID > USB_FS1_ID
OTG_FS1_PowerSwitchOn <} OTG_FS1_PowerSwitchOn
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BLGND 7
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|12C Address:0x54

Mechanical: 2 Slots in PCB for the 2 flex from LCD

4inches DSI LCD display
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Test points are round pads with 1 to 1.27mm diameter bottom side

QSPI
QSPI

QSPI
QSPI
QSPI

QSPI

BK1_NCS

CLK

BK1 100
BK1 101
BK1 102

BK1 103

Close to QSPI memory

+3V3 +3V3
R55
10K
PB6 QSPI_BKL NCS
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	D5-D2
	R152-1
	R154-1
	T3-2
	U16-2


	MICROAB_N
	Pins
	CN13-2
	D5-D1
	R160-1

	NetLabels
	MICROAB_N


	MICROAB_P
	Pins
	CN13-3
	D5-C1
	R159-1

	NetLabels
	MICROAB_P


	NetCN13_4
	Pins
	CN13-4
	D5-A3
	R161-1


	NetD5_A2
	Pins
	D5-A2


	NetD5_B1
	Pins
	D5-B1


	NetD5_B2
	Pins
	D5-B2


	NetD5_C2
	Pins
	D5-C2


	NetD5_C3
	Pins
	D5-C3
	R159-2

	Ports
	NetD5_C3


	NetD5_D3
	Pins
	D5-D3
	R160-2

	Ports
	NetD5_D3


	NetLD8_1
	Pins
	LD8-1
	R153-1


	NetLD8_2
	Pins
	LD8-2
	T3-3


	NetLD9_1
	Pins
	LD9-1
	R158-1


	NetLD9_2
	Pins
	LD9-2
	R156-2
	R157-2
	U16-3


	NetR43_2
	Pins
	R43-2
	R151-1
	R152-2
	U16-4


	NetR151_2
	Pins
	R151-2

	Ports
	NetR151_2


	NetR154_2
	Pins
	R154-2
	R155-2
	T3-1


	NetR156_1
	Pins
	R156-1

	Ports
	NetR156_1


	NetR161_2
	Pins
	R161-2

	Ports
	NetR161_2


	VBUS_FS1
	Pins
	C101-1
	CN13-1
	D5-B3
	R155-1
	U16-1



	Ports
	OTG_FS1_OverCurrent
	OTG_FS1_PowerSwitchOn
	USB_FS1_ID
	USB_FS1_N
	USB_FS1_P


	Arduino_ Connectors.SchDoc("U_Arduino_ Connectors")
	Components
	C13
	C13-1
	C13-2

	CN5
	CN5-1
	CN5-2
	CN5-3
	CN5-4
	CN5-5
	CN5-6
	CN5-7
	CN5-8
	CN5-9
	CN5-10

	CN6
	CN6-1
	CN6-2
	CN6-3
	CN6-4
	CN6-5
	CN6-6
	CN6-7
	CN6-8

	CN7
	CN7-1
	CN7-2
	CN7-3
	CN7-4
	CN7-5
	CN7-6
	CN7-7
	CN7-8

	CN8
	CN8-1
	CN8-2
	CN8-3
	CN8-4
	CN8-5
	CN8-6
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	SB5-2

	SB9
	SB9-1
	SB9-2

	SB10
	SB10-1
	SB10-2

	SB11
	SB11-1
	SB11-2

	SB12
	SB12-1
	SB12-2


	Nets
	+3V3
	Pins
	CN6-2
	CN6-4


	+5V
	Pins
	CN6-5


	GND
	Pins
	C13-1
	CN5-7
	CN6-6
	CN6-7
	LD7-2


	NetCN5_1
	Pins
	CN5-1

	Ports
	NetCN5_1


	NetCN5_2
	Pins
	CN5-2

	Ports
	NetCN5_2


	NetCN5_3
	Pins
	CN5-3

	Ports
	NetCN5_3


	NetCN5_4
	Pins
	CN5-4

	Ports
	NetCN5_4


	NetCN5_5
	Pins
	CN5-5

	Ports
	NetCN5_5


	NetCN5_6
	Pins
	CN5-6
	SB5-2

	Ports
	NetCN5_6


	NetCN5_8
	Pins
	CN5-8
	R41-2


	NetCN6_1
	Pins
	CN6-1


	NetCN7_1
	Pins
	CN7-1

	Ports
	NetCN7_1


	NetCN7_2
	Pins
	CN7-2

	Ports
	NetCN7_2


	NetCN7_3
	Pins
	CN7-3

	Ports
	NetCN7_3


	NetCN7_4
	Pins
	CN7-4

	Ports
	NetCN7_4


	NetCN7_5
	Pins
	CN7-5

	Ports
	NetCN7_5


	NetCN7_6
	Pins
	CN7-6

	Ports
	NetCN7_6


	NetCN7_7
	Pins
	CN7-7

	Ports
	NetCN7_7


	NetCN7_8
	Pins
	CN7-8

	Ports
	NetCN7_8


	NetCN8_1
	Pins
	CN8-1

	Ports
	NetCN8_1


	NetCN8_2
	Pins
	CN8-2

	Ports
	NetCN8_2


	NetCN8_3
	Pins
	CN8-3

	Ports
	NetCN8_3


	NetCN8_4
	Pins
	CN8-4

	Ports
	NetCN8_4


	NetCN8_5
	Pins
	CN8-5
	SB9-2
	SB10-2


	NetCN8_6
	Pins
	CN8-6
	SB11-2
	SB12-2


	NetLD7_1
	Pins
	LD7-1
	R49-2


	NetR49_1
	Pins
	R49-1
	SB5-1


	NetSB10_1
	Pins
	SB10-1

	Ports
	NetSB10_1


	NetSB12_1
	Pins
	SB12-1

	Ports
	NetSB12_1


	NRST
	Pins
	CN6-3

	NetLabels
	NRST

	Ports
	NRST


	PB8
	Pins
	CN5-10
	SB11-1

	NetLabels
	PB8
	PB8

	Ports
	PB8


	PB9
	Pins
	CN5-9
	SB9-1

	NetLabels
	PB9
	PB9

	Ports
	PB9
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	Pins
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	VREF+
	Pins
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	U9-2
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	X1
	X1-1
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	Nets
	+3V3
	Pins
	R33-1


	+3V3_ST_LINK
	Pins
	C5-2
	C7-2
	C8-2
	C9-2
	C38-1
	C40-2
	CN4-4
	R21-2
	R30-2
	R31-1
	SB16-1
	T1-3
	U3-1
	U3-9
	U3-24
	U3-36
	U3-48
	U9-5


	+5V
	Pins
	D1-1


	AIN_1
	Pins
	R31-2
	R32-2
	R33-2
	U3-10

	NetLabels
	AIN_1


	CUR_SEL
	Pins
	U3-22

	NetLabels
	CUR_SEL


	E5V
	Pins
	D2-1


	GND
	Pins
	C5-1
	C7-1
	C8-1
	C9-1
	C10-2
	C11-2
	C12-1
	C14-1
	C26-2
	C33-1
	C34-1
	C38-2
	C39-1
	C40-1
	CN1-5
	CN1-6
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	LD6-1
	R8-2
	R16-1
	R25-2
	R26-1
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	R29-1
	R32-1
	R37-2
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	U3-8
	U3-23
	U3-35
	U3-47
	U4-4
	U9-2


	LED_STLINK
	Pins
	R11-1
	R17-1
	U3-30

	NetLabels
	LED_STLINK
	LED_STLINK


	MCO
	Pins
	R35-1
	U3-29

	NetLabels
	MCO
	MCO


	NetC26_1
	Pins
	C26-1
	R35-2

	Ports
	NetC26_1


	NetC33_2
	Pins
	C33-2
	C34-2
	D2-2
	D3-2
	D4-2
	U9-1
	U9-3


	NetC39_2
	Pins
	C39-2
	U9-4


	NetCN1_2
	Pins
	CN1-2
	R14-1


	NetCN1_3
	Pins
	CN1-3
	R12-1
	R13-1


	NetCN1_4
	Pins
	CN1-4
	R8-1


	NetCN4_5
	Pins
	CN4-5


	NetD1_2
	Pins
	D1-2
	R22-1


	NetLD6_2
	Pins
	LD6-2
	R11-2


	NetLD6_3
	Pins
	LD6-3
	R17-2


	NetLD6_4
	Pins
	LD6-4
	R21-1


	NetR9_1
	Pins
	R9-1
	R15-1
	R16-2
	T1-1


	NetR12_2
	Pins
	R12-2
	T1-2


	NetR22_2
	Pins
	R22-2
	R25-1
	SB16-2
	U3-39


	NetR26_2
	Pins
	R26-2
	U3-20


	NetR27_2
	Pins
	R27-2
	U3-44


	NetR28_2
	Pins
	R28-2
	U3-2


	NetR29_2
	Pins
	R29-2
	U3-3


	NetR37_1
	Pins
	R37-1
	U4-5


	NetR42_2
	Pins
	R42-2
	U4-8


	NetSB2_2
	Pins
	SB2-2

	Ports
	NetSB2_2


	NetSB3_2
	Pins
	SB3-2

	Ports
	NetSB3_2


	NetU3_11
	Pins
	U3-11


	NetU3_14
	Pins
	U3-14


	NetU3_21
	Pins
	U3-21


	NetU3_40
	Pins
	U3-40


	NetU3_41
	Pins
	U3-41


	NetU3_42
	Pins
	U3-42


	NetU3_43
	Pins
	U3-43


	NetU3_45
	Pins
	U3-45


	NetU3_46
	Pins
	U3-46


	OSC_IN
	Pins
	C10-1
	U3-5
	X1-1

	NetLabels
	OSC_IN


	OSC_OUT
	Pins
	C11-1
	U3-6
	X1-2

	NetLabels
	OSC_OUT


	PWR_ENn
	Pins
	R38-2
	U3-28
	U4-3

	NetLabels
	PWR_ENn


	STL_USB_DM
	Pins
	R14-2
	U3-32

	NetLabels
	STL_USB_DM
	STL_USB_DM


	STL_USB_DP
	Pins
	R13-2
	U3-33

	NetLabels
	STL_USB_DP
	STL_USB_DP


	STLINK_RX
	Pins
	U3-13

	NetLabels
	STLINK_RX

	Ports
	STLINK_RX


	STLINK_TX
	Pins
	U3-12

	NetLabels
	STLINK_TX

	Ports
	STLINK_TX


	STM_JTCK
	Pins
	CN4-3
	U3-37

	NetLabels
	STM_JTCK
	STM_JTCK


	STM_JTMS
	Pins
	CN4-1
	U3-34

	NetLabels
	STM_JTMS
	STM_JTMS


	STM_RST
	Pins
	C12-2
	R30-1
	SB4-2
	U3-7

	NetLabels
	STM_RST


	SWIM_PU_CTRL
	Pins
	U3-4

	NetLabels
	SWIM_PU_CTRL


	T_JRST
	Pins
	U3-19

	NetLabels
	T_JRST


	T_JTCK
	Pins
	U3-15
	U3-26

	NetLabels
	T_JTCK
	T_JTCK
	T_JTCK

	Ports
	T_JTCK


	T_JTDI
	Pins
	U3-17

	NetLabels
	T_JTDI


	T_JTDO
	Pins
	U3-16

	NetLabels
	T_JTDO


	T_JTMS
	Pins
	R20-2
	U3-27

	NetLabels
	T_JTMS
	T_JTMS

	Ports
	T_JTMS


	T_NRST
	Pins
	SB2-1
	U3-18

	NetLabels
	T_NRST
	T_NRST


	T_SWDIO_IN
	Pins
	R20-1
	U3-25

	NetLabels
	T_SWDIO_IN


	T_SWO
	Pins
	SB3-1
	U3-31

	NetLabels
	T_SWO
	T_SWO


	U5V_ST_LINK
	Pins
	C14-2
	U4-6
	U4-7


	USB_RENUMn
	Pins
	R15-2
	U3-38

	NetLabels
	USB_RENUMn
	USB_RENUMn


	VBUS_FS1
	Pins
	D3-1


	VUSB_ST_LINK
	Pins
	CN1-1
	D4-1
	R9-2
	R38-1
	R42-1
	U4-1
	U4-2



	Ports
	NRST
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