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	PC2
	CN7-35
	U7-15

	PC3
	CN7-37
	U7-16

	PC4
	CN9-2
	CN10-35
	U7-25

	PC5
	CN9-1
	CN10-37
	U7-26

	PC6
	CN10-4
	U7-38

	PC7
	CN5-2
	CN10-19
	U7-39

	PC8
	CN10-2
	U7-48

	PC9
	CN10-1
	U7-49

	PC10
	CN7-1
	U7-64

	PC11
	CN7-2
	U7-1

	PC12
	CN7-3
	U7-2

	PC13
	CN7-23
	SB20-1
	U7-3

	PC14
	R31-1
	SB23-1
	U7-4

	PC15
	R32-1
	SB24-1
	U7-5

	PD0
	CN7-9
	U7-50

	PD1
	CN7-10
	U7-51

	PD2
	CN7-4
	U7-52

	PD3
	CN7-11
	U7-53

	PD4
	CN7-15
	U7-54

	PD5
	CN7-26
	U7-55

	PD6
	CN10-10
	U7-56

	PD8
	CN10-36
	SB30-1
	U7-40

	PD9
	CN10-38
	SB29-1
	U7-41

	PF0
	R33-1
	SB17-2
	SB25-1
	U7-10

	PF1
	R34-1
	SB27-1
	U7-11

	PF2
	B2-3
	B2-4
	C28-2
	CN6-3
	CN7-14
	SB19-2
	U7-12

	PWR_ENN
	R24-1
	U2-28
	U4-4

	STL_USB_D_N
	CN2-2
	U1-1
	U1-6
	U2-32

	STL_USB_D_P
	CN2-3
	R10-1
	U1-3
	U1-4
	U2-33

	STLK_RX
	JP6-1
	SB18-2
	U2-13

	STLK_TX
	JP6-2
	SB16-2
	U2-12

	STM_JTCK
	SB8-2
	U2-37

	STM_JTMS
	SB12-2
	U2-34

	STM_RST
	C27-1
	JP1-1
	U2-7

	T_JRST
	U2-19

	T_JTCK
	R9-2
	SB7-1
	U2-15
	U2-26

	T_JTDI
	U2-17

	T_JTDO
	U2-16

	T_JTMS
	R16-2
	R23-2
	SB11-1
	U2-27

	T_NRST
	R17-2
	SB19-1
	U2-18

	T_SWDIO_IN
	R23-1
	U2-25

	T_SWO
	R19-2
	SB14-1
	U2-31

	USB_RENUMN
	R13-2
	U2-38

	VBAT
	C30-2
	CN7-33
	SB26-2
	U7-6

	VDD
	C31-2
	C32-2
	CN7-5
	JP3-1
	L1-1
	R29-2
	SB26-1
	SB29-2
	U7-8

	VIN
	C18-2
	CN6-8
	CN7-24
	U5-3

	VIN_5V
	C17-2
	D4-1
	JP2-3
	R30-1
	U5-2
	U5-4






