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MC306-G-06Q-32.768 (manufacturer JFVNY)

C16

6.8pF

C27

6.8pF

MB997 3 6

STM32F4DISCOVERY MCU
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PH0 12

PH1 13

NRST 14
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PA023

PA124
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PA530

PA631
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PC433
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PB035
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PE7 38

PE8 39

PE9 40

PE10 41

PE11 42

PE12 43

PE13 44

PE14 45
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PB1148
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PB1352
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PD8 55

PD9 56
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PD12 59

PD13 60

PD14 61

PD15 62

PC663
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PD0 81

PD1 82

PD2 83
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PD6 87

PD7 88
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